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GN 1404 Telescopic slides continued

1

I1 i2 i3 i4

300  72 136 168
350 104 168 200
400 104 200 264
450 104 200 296
500 136 232 328
600 168 296 424
700 168 328 520

1

I1 a2 a3 a4 a5 a6

300 135 199 231 - -
350 135 231 263 - -
400 135 295 327 - -
450 135 327 359 - -
500 167 295 327 391 423
600 167 359 391 487 519
700 199 391 423 583 615

Mounting holes - outer slide

Mounting holes - inner slide

Fastening screws

For the said loading forces FS to be absorbed reliably in the surrounding structure, all available through-holes and/or 
countersunk holes of the outer and inner slide must be used. Failure to use fastening screws reduces the specified load 
capacity accordingly. The following screws can be used for mounting:

Designation - standard Outer slide Inner slide

Countersunk screw, Phillips DIN 965 M 5 M 5
Countersunk screw, Phillips DIN 7997 Size 5 Size 4,5


